


ADV
Automatic Drain Valve

Strainer Ball Valves

The Strainer Ball Valve is a very important part of your condensate improves the life of the ADV by not allowing the sytem debris to enter

drain system, because it allows the isolation of the ADV from the pres-  the solenoid valve, which likely will cause damage to the moving parts
surized compressor tank as well as containing a 30 mesh stainless and/or the main seal. It is strongly recommended that the Strainer Ball
steel screen to collect debris that has been produced upstream. The Valve be used in all ADV applications. Failure to use this devise could
major benefit is that it allows servicing of the ADV without removal void warrantees associated with the ADV product.

and/or depressurizing the system. Also, the use of this devise greatly

Note: All Strainer Ball Valves are packed with the ADV but detached to allow ease of assembly.

Product Number Information

Listed below are the variations for the 1/4”, 3/8” and 1/2” sizes.

360/01 1/2” NPT IN x 1/4” NPT OUT
360/02 1/2” NPT IN x 3/8” NPT OUT
360/03 1/2” NPT IN x 1/2” NPT OUT

Spare parts

Screen: A stainless steel, 30 mesh screen is available in one size (package of three) for all ADV sizes.
Request the “Strainer Ball Valve filter screen” for the ADV valve in your system.
Ex.: Strainer Ball Valve'filter screen” pack for the ADV25361.
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Ordering Your Automatic Drain Valve

Note: All ADV packages will include the appropriate strainer ball valve.

When ordering, know the pipe connection size, available voltage and the amount of condensate that is to be drained. Also, the size of the
compressor tank should be considered, as in the volume that is contained within. Listed below are the variations for the Standard 1/4” &
Heavy Duty 1/4”, 3/8” and 1/2” ADV sizes.
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Size ADV SBV Order no. Description
e ADV10 + 360/01 ADV10361 1/4” standard flow, 120V AC ADV with Strainer Ball Valve.
ADV11 + 360/01 ADV11361 1/4” standard flow, 240V AC ADV with Strainer Ball Valve.
14 ADV25 + 360/01 ADV25361 1/4” high flow, 120V AC ADVwith Strainer Ball Valve. %
ADV26 + 360/01 ADV25361 1/4” high flow, 240V AC ADVwith Strainer Ball Valve. g
" ADV38 + 360/02 ADV38362 3/8” high flow, 120V AC ADV with Strainer Ball Valve. g
3 ADV39 + 360/02 ADV38362 3/8” high flow, 240V AC ADV with Strainer Ball Valve 53:
1/2” ADV50 + 360/03 ADV50363 1/2” high flow, 120V AC ADV with Strainer Ball Valve. (‘%
ADV51 + 360/03 ADV51363 1/2” high flow, 240V AC ADV with Strainer Ball Valve [©)
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